
Jack Panels

X-52

X

JACK PANEL CONDUIT BOX WITH 3 MTP CONNECTORS

CONNECTOR TYPE STANDARD ROUND FACE 
MALE AND FEMALE CONNECTORS

CALIBRATION K AND U

MALE RJPCB CONDUIT BOX

FEMALE RJPCB CONDUIT BOX

RSJ-U-R-M (1)
RSJ-K-R-M (5)

RSJ-U-R-F (1)

RSJ-K-R-F (5)

OSK5076
$97each
Plus One-Time 
Set-Up Charge

JACK PANEL CONDUIT BOX WITH 3 CONNECTORS
INSTEAD OF 5

CONNECTOR TYPE STANDARD FEMALE PANEL JACKS
CALIBRATION R/S

SPECIAL OPTIONS 3 STANDARD CONNECTORS INSTEAD OF 5

JPCB PANEL

CUTOUTS 
FOR JP-R/S-F

OSK0395
$40each
Plus One-Time 
Set-Up Charge

JACK PANEL CONDUIT BOXES WITH 5 FEMALE 
CONNECTORS AND BLACK SNAP ACTION HANDLE

CONNECTOR TYPE STANDARD ROUND FEMALE CONNECTORS
CALIBRATION J

SPECIAL OPTIONS SNAP ACTION HANDLE

BLACK SNAP ACTION HANDLE

5 EA FEMALE ROUND CONNECTORS
TYPE J CALIBRATION

OSK1342
$40 each
Plus One-Time 
Set-Up Charge

JACK PANEL CONDUIT BOX WITH SPECIAL HIGH 
TEMPERATURE PANELS

CONNECTOR TYPE ULTRA HIGH TEMPERATURE 
CERAMIC FEMALE CONNECTOR

CALIBRATION U

SPECIAL OPTIONS HIGH TEMPERATURE STEEL JACK PANEL

-
+

-
+

CONDUIT BOXES

SCREWS HACL PANEL MOUNT CLIPS

NHX-U-F

SPECIAL STEEL PLATE
HIGH TEMP PANELS

NHJP SERIES

NHX-U-M

-
+

-
+

-
+

-
+

OSK2278
$253 each

Plus One-Time 
Set-Up Charge

JACK PANEL CONDUIT BOXES WITH NHX CONNECTORS

CONNECTOR TYPE HIGH TEMPERATURE CERAMIC 
FEMALE AND MALE JACKS

CALIBRATION J

TERMINATION HIGH TEMPERATURE CERAMIC MALE
AND FEMALE CONNECTORS

20WIRE AWG
6 IN FOR FEMALE CONDUIT BOX
60 IN FOR MALE CONDUIT BOX

WIRE LENGTH

GLASS ON GLASSWIRE INSULATION

JPCB-5-J-F

JPCB-5-J-M
WITH NHX-J-M

CONNECTORS & 
HARDWARE 

60"

6"

6"

3"

NHX-J-M

NHX-J-F

GG-J-20, 5 PAIR WOUND
AND HELD IN PLACE BY TIE WRAPS 

GG-J-20, 5 PAIR WOUND
AND HELD IN PLACE BY TIE WRAPS 

OSK4356
$196 each

Plus One-Time 
Set-Up ChargeOSK2859

$70 each
Plus One-Time 
Set-Up Charge

FEMALE JACK PANEL CONDUIT BOX WITH 
2 CERAMIC  CONNECTORS



X-53

ALUMINUM PANEL WITH 8 CUTOUTS FOR SPJ’S AND 
4 CUTOUTS FOR TPJ’S

.399"
.852"

1.305"
1.758"

2.212"
2.665"

3.118"
3.571"

4.027"
4.480"

4.934"
5.387"

6.194"

.545"

.722"

.414"

.985" 1.813"

1/8" THICK

ISK4116
$40 each
Plus One-Time 
Set-Up Charge

CONNECTOR TYPE USE WITH STANDARD PANEL 
JACKS AND 3-PRONG SNAP-IN JACKS

CALIBRATION USE WITH K, T, J, E, OR U CONNECTORS

PANEL FOR SPJ CONNECTORS

CONNECTOR TYPE USE WITH STANDARD PANEL JACKS
CALIBRATION USE WITH K, T, J, E, OR U CONNECTORS CSK4110

$237 each
Plus One-Time 
Set-Up Charge

9"

11"

10.25"

8.25"

4.5"

5.5"

.635"

1.195"

1/4"

THICKNESS (.090" OR .125")

ALUMINUM PANEL WITH 4 CUTOUTS FOR SPJ’S 
AND 4 CUTOUTS FOR TPJ’S

CONNECTOR TYPE USE WITH STANDARD PANEL 
JACKS AND 3-PRONG SNAP-IN JACKS

CALIBRATION USE WITH K, T, J, E, OR U CONNECTORS

.562"
1.200"

1.839"

.768"

1.017" 1.388" 2.554"

2.477"
3.120"

3.758"
4.397"

5.035"

.685"

6.172"

1/8" THICK

ISK4117
$144 each

Plus One-Time 
Set-Up Charge

PANEL FOR MINIATURE AND UNIVERSAL JACKS 
OF COMBINED CALIBRATIONS

CONNECTOR TYPE FOR USE WITH FEMALE 
MINIATURE AND UNIVERSAL JACKS

CALIBRATION FOR USE WITH K, T, AND U CONNECTORS

.204"

.312"

.263"

.224"

.23"

40 MPJ-K-F
40 MPJ-K-F

20 MPJ-T-F

5.343"
.25"

.25"

2.348"
2.348"

2.348"

20 UPJ-U-F

.318"

.564"

.635"

.752"

5.343"

ISK5009
$550 each

Plus One-Time 
Set-Up Charge

PANEL FOR THREE 1⁄4 DIN ROTARY SELECTOR SWITCHES

21.25"

6.2"

2.596'' TYP.

1.289" TYP.

2.596'' TYP.

92 mm

1/4 DIN

92 mm 92 mm

92 mm

1/4 DIN

92 mm

92 mm

1/4 DIN

ISK5015
$131 each

Plus One-Time 
Set-Up Charge

PANEL WITH THREE OTP STYLE 3-PRONG JACKS

5.750"

3.000"

.685"

1.558"

.635"

1.630"

1.000"

(NO MOUNTING HOLES)

NSK1018
$53 each
Plus One-Time 
Set-Up Charge

CONNECTOR TYPE FEMALE OTP STYLE 
3-PRONG JACKS

CALIBRATION U

PANEL WITH 6 ROWS OF COMBINED CALIBRATIONS OF
MINIATURE PANEL JACKS

9 3/8"

7 1/4"

14 MPJ CONNECTORS /ROW
6 ROWS FOR A TOTAL OF 84 CONNECTORS

MPJ-K-F

MPJ-K-F

MPJ-K-F

MPJ-K-F

MPJ-K-F

MPJ-U-F

OSK402
$191 each

Plus One-Time 
Set-Up Charge

CONNECTOR TYPE FEMALE MINIATURE PANEL JACKS
CALIBRATION K AND U

PANEL WITH 4 CUTOUTS FOR 1⁄16 DIN 
TEMPERATURE CONTROLLER

45 (1.772)

152 (6)

45 (1.772)

152 (6)

(4 CUTOUTS FOR CN9111) OSK1009
$40 each
Plus One-Time 
Set-Up Charge

2.625 x 5.750" PANEL

1.7289"

.187" .1447"
4.1418"

1.0615"
.7913"

.2050"

.4902"

.9225"

THRU HOLE #6 SCREW

2.0265"

4.4389"

THRU HOLE #8 SCREW

Jack Panels (cont’d)

OSK1490
$40 each
Plus One-Time 
Set-Up Charge



X-54

X

19" PANEL WITH CUTOUTS FOR 40 SPJ’S, 
5" SELECTOR SWITCH AND METER

3.105"

1/4"

.151".532"

6.743"

1.553"

1.588" 9 3/16"

4"

.635" 1.195"

2.321"

1.841"

4 HOLES EQUALLY SPACED

CUTOUT FOR OSW5 45°

92 mm

1/
8 

D
IN

ISK5147
$315 each

Plus One-Time 
Set-Up Charge

CONNECTOR TYPE USE WITH STANDARD PANEL JACKS

CALIBRATION USE WITH TYPE U CONNECTORS

ROTATED METER CUTOUTSPECIAL OPTIONS

CUSTOM PANEL
19"

12"

CUTOUT 
FOR OM-205

MTP-U-F FOR 
PX305-10

MPJ-K-F

12"

19"

10 1/2"

5 3/8"

3/4"2 3/8"

3/16"

1/8"

3/16"

5/16"

9/16"

13/32"

4 3/16" 1.62"

3"

4"

1 1/2"

CUTOUTS FOR MPJ-K-F
CUTOUTS FOR MTP-U-F WITH 
MTACL MOUNTING BRACKETS

3/16" THRU HOLE C'SINK 
82° FOR #10 SCREW

C'SINK 82° FOR 
8-32 HOLES

PANEL WITH JACKS, 
UNREGULATED 
POWER SUPPLY, AND 
CUTOUT FOR OM-250

BLANK PANEL WITH STANDARD MOUNTING HOLES

7.880"

.104"

.156"

.104"
.156"

1.452"

NSK1011
$40 each
Plus One-Time 
Set-Up Charge

PANEL WITH 6 ROWS OF COMBINED CALIBRATIONS OF
MINIATURE PANEL JACKS

3 1/2"

12 1/4"

UST-K

UST-T

OSK0487
$162 each

Plus One-Time 
Set-Up Charge

CONNECTOR TYPE UNIVERSAL TC CONNECTOR

CALIBRATION K AND T

SPECIAL OPTIONS USES SACL BRACKETS

PANEL WITH 6 ROWS OF COMBINED CALIBRATIONS
OF MINIATURE PANEL JACKS

16151413121110987654321

17 18 19 20 21 22 23 24 25 26 27 28 29 30 31 32

15"

4 1/2"

3"

PANEL W/ SJP-J-F
CONNECTORS
WIRED AND NUMBERED

CABLE IS SECURED
TO BACK OF PANEL
FOR STRAIN RELIEF

SMTC-37-M
W/SMTC-IR-P

16 PAIRS OF
TT-J-24S COVERED WITH

3/4" SHRINK TUBING

CONNECTOR TYPE FEMALE STANDARD PANEL JACKS
CALIBRATION J

TERMINATION SUB-D TYPE MALE CONNECTORS 
W/ 37 IRON MULTIPINS

WIRE AWG 24 STRANDED

WIRE INSULTION PFA ON PFA

PANEL WITH TWO 1⁄8 DIN AND STANDARD 3" AND 5"
ROTARY SELECTOR SWITCHES

.75''.75''
.30''

.30''
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OSK1389
$125 each

Plus One-Time 
Set-Up Charge

HIGH TEMPERATURE JACK PANEL

.187" DIA 1 2 3

4 3/8"

10 1/4"

12 x 51⁄4" PANEL WITH CUT-OUTS

5 1/4"

3.622"

1.772"

3.187"

3" SWITCH CUT-OUT1/8 DIN METER 
CUT-OUT

NO. 18 (0.1695) DRILL 4 
HOLES EQUALLY SPACED

45°

12"

PANEL WITH 2 ROWS EACH OF 10 CUTOUTS FOR SPJ’S
OSK1150

$135 each
Plus One-Time 
Set-Up Charge

OSK2109
$164 each

Plus One-Time 
Set-Up Charge

OSK1105A
$450 each

Plus One-Time 
Set-Up Charge

OSK2265
$63 each
Plus One-Time 
Set-Up Charge

NSK1011-A
$185 each

Plus One-Time 
Set-Up Charge

CONNECTOR TYPE STANDARD PANEL JACKS

CALIBRATION USE WITH K,T,J,E, OR U CONNECTORS

10"

5"

Jack Panels (cont’d)

NHX High
Temperature
Connectors


